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360 T&B CABLE TRAY CABLE TRAY SYSTEMS

Nonmetallic - Channel tray

Straight lengths

NOTE: Splice plates NOT
included. See pages 353-355
for type of splice plates
available.

Covers are available.

Please consult your ABB
representative.

Channel tray

ABB offers nonmetallic cable channel in solid or
ventilated straight sections. Horizontal and vertical
solid bottom fittings are also available to complete
your system layout.

Channel tray fitting selection

Example:

NM-FCCVP04-120 for polyester resin cable channel,
4" (101.6mm) wide ventilated bottom,

120" (10 ft. / 3.05m) length. NOTE: Straights are
provided without splice plate.



SECTION 19 - NONMETALLIC - CHANNEL TRAY STRAIGHT LENGTHS

Specifications - Ventilated

Width Height Length Material
(in.) (mm) (in.) (mm) (ft.) (m) Polyester Vinylester
2 50.8 1 25.4 10 3.05 NM-FCCVP-02-120  NM-FCCVV-02-120
2 50.8 1 25.4 20 6.10  NM-FCCVP-02-240  NM-FCCVV-02-240
3 76.2 1 25.4 10 3.05 NM-FCCVP-03-120  NM-FCCVV-03-120
3 76.2 1 25.4 20 6.10  NM-FCCVP-03-240  NM-FCCVV-03-240
4 101.6 11 28.6 10 3.05 NM-FCCVP-04-120 NM-FCCVV-04-120
4 101.6 11 28.6 20 6.10  NM-FCCVP-04-240 NM-FCCVV-04-240
6 152.4 1% 41.3 10 3.05 NM-FCCVP-06-120  NM-FCCVV-06-120
6 152.4 1% 41.3 20 6.10 NM-FCCVP-06-240 NM-FCCVV-06-240
8 203.2 2%16 55.6 10 3.05 NM-FCCVP-08-120 NM-FCCVV-08-120
8 203.2 2%16 55.6 20 6.10 NM-FCCVP-08-240 NM-FCCVV-08-240
Specifications - Non-ventilated
Width Height Length Material
(in.) (mm) (in.) (mm) (ft.) (m) Polyester Vinylester
2 50.8 1 25.4 10 3.05 NM-FCCNP-02-120 NM-FCCNV-02-120
2 50.8 1 25.4 20 6.10  NM-FCCNP-02-240  NM-FCCNV-02-240
3 76.2 1 25.4 10 3.05 NM-FCCNP-03-120 NM-FCCNV-03-120
3 76.2 1 25.4 20 6.10  NM-FCCNP-03-240 NM-FCCNV-03-240
4 101.6 18 28.6 10 3.05 NM-FCCNP-04-120 NM-FCCNV-04-120
4 101.6 1 28.6 20 6.10 NM-FCCNP-04-240 NM-FCCNV-04-240
6 152.4 1% 41.3 10 3.05 NM-FCCNP-06-120 NM-FCCNV-06-120
6 152.4 1% 41.3 20 6.10 NM-FCCNP-06-240 NM-FCCNV-06-240
8 203.2 2%16 55.6 10 3.05 NM-FCCNP-08-120 NM-FCCNV-08-120
8 203.2 2%16 55.6 20 6.10 NM-FCCNP-08-240 NM-FCCNV-08-240
NM |- FCC Vi|-| P|-({04]|-|120
|
Cable tray system Series Material Width Length
Nonmetallic NM Fiberglass cable channel FCC Polyester P 2" (50.8mm) 02 10ft. (3.05m) 120
Vinylester V 3" (76.2mm) 03 20ft. (6.10m) 240
4" (101.6mm) 04
6" (152.4mm) 06 o
8" (203.2mm) 08 z
Bottom type f—z
Ventilated \' &
Non-ventilated N @




