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Support methods
Quick reference 

1	 TabLok profile..............................................................................C47
2	 TabLok trapeze.............................................................................C47
3	 TabLok center-hung................................................................... C48
4	 Center-hung clamp.................................................................... C48
5	 Side hanger.................................................................................. C49
6	 Stand-off brackets.................................................................... C49
7	 “J” brackets.................................................................................. C50
8	 Wall-mounted  “L” brackets..................................................... C50
9	 Tiered “L” brackets......................................................................C51
10	 Back-to-back brackets...............................................................C51

11	 Wall clamp attachment............................................................. C52
12	 Mounting bases.......................................................................... C52
13	 Wall termination......................................................................... C52
14	 Adjustable A-frame bracket.................................................... C53
15	 Under-floor support clamp..................................................... C53
16	 Under-floor U-bolt support.................................................... C54
17	 Under-floor brackets................................................................. C54
18	 Beam clamp.................................................................................. C55
19	 Barrier strip and grounding connector............................... C55
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