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SWB070A1 700 2 (50.8) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) 133⁄44 (44.4) 99⁄1616 (14.3) 11⁄44 (6.3) 1.07 (485)

SWB070A2 700 111⁄22 (38.1) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) 133⁄44 (44.4) 99⁄1616 (14.3) 11⁄44 (6.3) 1.07 (485)

SWB070A3 700 111⁄22 (38.1) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) 111⁄22 (38.1) 99⁄1616 (14.3) 11⁄44 (6.3) 1.07 (485)

SWB070A4 700 111⁄22 (38.1) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) 111⁄22 (38.1) 77⁄1616 (11.1) 11⁄44 (6.3) 1.07 (485)

SWB105A1 1,050 133⁄44 (44.4) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) 133⁄44 (44.4) 99⁄1616 (14.3) 11⁄22 (12.7) 1.42 (644)

SWB175A1 1,750 2 (50.8) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) 133⁄44 (44.4) 99⁄1616 (14.3) 11⁄22 (12.7) 3.06 (1,388)

Ordering information:
Length: Standard total lengths are 304 mm (12 in.). 
If different lengths are required, add your desired 
length in millimeters at the end of the part number. 
Ex.: SWB070A1406 (for 16 in. long)
Plating: Standard ferrules are electro-tin plated. 
Other options are available; please refer to page D4.
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SWB070B1 700 111⁄22 (38.1) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) – – 11⁄44 (6.3) 1.04 (472)

SWB105B1 1,050 133⁄44 (44.4) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) – – 11⁄22 (12.7) 1.37 (621)

SWB175B1 1,750 2 (50.8) 3 (76.2) 133⁄44 (44.4) 99⁄1616 (14.3) – – 11⁄22 (12.7) 3.00 (1,361)
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Standard flexible connectors – 2-hole NEMA standard
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Standard flexible connectors – 2-hole NEMA standard




