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Manual compression tools and cutters

HM 250 mechanical single-indent dieless crimper
•	 Manually operated single-indent  

compression tool
•	 For copper wire #8 AWG to 250 kcmil
•	 For aluminum wire #8 to 4/0 AWG

Utility cable slicers
•	 For use on copper and aluminum cable only
•	 Not to be used on steel or ACSR cable

Cat no. Description Pkg. qty.

HM-250 TOOL Mechanical single-indent dieless crimper 1

Cat no. Description
Maximum conductor 

size (kcmil)
Max. OD inc. 

insulation (in.)
Overall  

length (in.) Pkg. qty.

UT 4 C Cable slicer – small 600 AI – 350 Cu 15/16 21 1

UT 6 C Cable slicer – large 1,000 AI – 500 Cu 2 311/2 1

UT 4 B* Blade assembly for UT 4 C – – – 1

UT 6 B* Blade assembly for UT 6 C – – – 1

* UT 4 B and UT 6 B available from Tool Service centers.
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