
E M E RG I - LITE  N E X US® R F R EPE ATER

Features
•	 Communicates to units via 918 to 925.8 MHz mesh 

network
•	 Main plug pack 100-240VAC 50/60Hz, 9VDC 0.5A 

max output
•	 Power supply included

—
Nexus® RF Repeater
Components Series

—
Dimensions

—
Construction

Catalogue No. Description

NEXUS-REP-E Nexus RF Repeater

Model   Length  Height Depth

NEXUS-REP*-E 300mm 20mm 50mm

* Color required for housing

Model Color Suffix

NEXUS-REP
W = White - E

B = Black - E

Body

PVC


