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Another innovat ive solut ion for Cable Protect ion Systems

Quick-Connect™  
Liquidtight Fittings

        Push. Tighten. Done!

The quality of the T&B Liquidtight 
system in a labour-saving  
Quick-Connect™ fitting.  
Innovative push-in technology 
with a captive sealing ring makes  
it installation-ready.

Flexible conduit is used in a wide variety of 
challenging environments. You need fittings to 
match.That’s why Thomas & Betts offers four 
different liquidtight lines, including our  
new time-saving, Quick-Connect™ fittings. 

Ideal for high-volume applications

No disassembly required

Labour-saving

Thomas & Betts. Your best connection for innovative solutions.

•  Ideal for any industrial MRO or OEM application where high  
performance is required

•  Often used in food and beverage, wastewater and chemical  
processing industries

• Each liquidtight fitting is designed to exceed expectations

• Simple installation and worry-free connections
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Innovative labour-saving design
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Straight fittings
CAT. NO. 
NON-INSULATED

CAT. NO. 
INSULATED TRADE SIZE (IN.) MATERIAL A (IN.) B (IN.) INNER PACK OUTER PACK

5231-PT 5331-PT 3/8 Zinc Plated Steel 1-5/32 1-5/16 25 100
5232-PT 5332-PT 1/2 Zinc Plated Steel 1-3/8 1 25 100
5233-PT 5333-PT 3/4 Zinc Plated Steel 1-21/32 1-1/16 25 50
5234-PT 5334-PT 1 Zinc Plated Steel 1-7/8 1-5/16 10 50
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45° fittings
CAT. NO. 
NON-INSULATED

CAT. NO. 
INSULATED TRADE SIZE (IN.) MATERIAL A (IN.) B (IN.) INNER PACK OUTER PACK

5241-PT 5341-PT 3/8 Malleable Iron 1-5/32 1 25 50
5242-PT 5342-PT 1/2 Malleable Iron 1-3/8 1-5/16 25 50
5243-PT 5343-PT 3/4 Malleable Iron 1-21/32 1-9/16 10 50
5244-PT 5344-PT 1 Malleable Iron 1-7/8 1-1/2 5 25

B

The features you need.  
The performance each job demands.

STEEL QUICK-CONNECT™ STEEL HIGH TEMPERATURE 316 STAINLESS STEEL ALUMINUM

Choose the right liquidtight solution: 

90° fittings
CAT. NO. 
NON-INSULATED

CAT. NO. 
INSULATED TRADE SIZE (IN.) MATERIAL A (IN.) B (IN.) INNER PACK OUTER PACK

5251-PT 5351-PT 3/8 Malleable Iron 1-5/32 1-3/16 25 50
5252-PT 5352-PT 1/2 Malleable Iron 1-3/8 1-7/16 25 50
5253-PT 5353-PT 3/4 Malleable Iron 1-21/32 1-3/4 10 50
5254-PT 5354-PT 1 Malleable Iron 1-7/8 1-15/32 5 25

Straight 45° 90°
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